
NFPA SERIES N NON-ROTATING CYLINDERS
1-1/2" to 4" bore size

NFPA Interchangeable

Adjustable cushion & magnetic piston 

standard

Rated for 250 psi air

Designed for non-lube service

Medium:

Filtered compressed air to 250 
PSI
Operating temperature:

 -20°F to 200°F 
Operating Pressure:

250 psig
Bore Sizes: 1-1/2”, 2”, 2-1/2”, 
3-1/4”, 4”
Lubrication: 

None required

Materials 

Head and end caps - black 
anodized aluminum alloy 
Tube: Aluminum, clear anodized 
O.D., hard coat anodized I.D.

Piston Rod: Hard chrome plated 
steel

Piston: Machined high-strength 
aluminum alloy

Rod Bearings: Oil-impregnated 
sintered iron

Seals: Nitrile

Tie Rods: High-tensile strength 
steel

Basic Cylinder

TECHNICAL DATA

Dimensions in inches
Bore A AC B1 B2 BB BF BP C D DD E EE
1-1/2" 0.625 1.875 Thru 0.625 0.312 0.375 1.375 1.25 0.75 1/4 - 28 2  1/4
2" 0.75 1.875 Thru 0.625 0.312 0.625 1.25 1.125 1.052 5/16 - 24 2.5  1/4
2-1/2" 0.75 2.125 Thru 0.75 0.312 0.625 1.5 1.375 1.398 5/16 - 24 3  1/4
3-1/4" 1.25 2.375 Thru 1 0.437 1 1.25 1.125 2 3/8 - 24 3.75  3/8
4" 1.25 2.375 Thru 1 0.437 1 1.25 1.125 2.36 3/8 - 24 4.5  3/8

Bore G J KK LB LL MM P P1 RE TT TZ Y ZB

1-1/2" 1.5 1 10 - 32 3.625 5/16 - 24 0.375 2.125 0.303 1.428 1.125 1.5 2.875 5.5

2" 1.5 1 1/4 - 28 3.625 5/16 - 24 0.625 2.125 0.48 1.84 1.43 2 2.875 5.5

2-1/2" 1.5 1 5/16 - 24 3.75 3/8 - 24 0.625 2.25 0.635 2.192 1.84 2.5 3.125 5.875

3-1/4" 1.75 1.25 3/8 - 24 4.25 1/2 - 20 1 2.625 0.845 2.758 1.76 3.25 3.437 6.625

4" 1.75 1.25 3/8 - 24 4.25 1/2 - 20 1 2.625 0.875 3.323 3.44 4 3.437 6.625

Accessories Switches*
Bore Eye 

bracket

Bore Model Type Bore Model Type

1-1/2" 49021 3/4" – 2-1/2" CS8-2-04 Reed 2" – 4" CS7-04 Reed
2" 49021 3/4" – 2-1/2" CS8-2-31 Solid state 2" – 4" CS7-31 Solid state
2-1/2" 49021 3/4" – 2-1/2" CS8-2-32 Solid state 2" – 4" CS7-32 Solid state
3-1/4" 49020
4" 49020

P1 Y P + Stroke

MM Rod 

D

JG

LB + StrokeAC

A C

ZB + Stroke

RE 
SQ.

DD Tap
BB Deep
4 Places

KK Tap B1
Deep 4, Places

TZ SQ.
TT SQ.

A

LL Tap B2 Deep,
2 Places

BP

BF

.030 X 45°
Chamfer

1

2

3

4

EE

E
S

Q
.

.

Standard

* See page ACT-65 for additional details. 
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AVAILABILITY – SPEED – EXPERTISE
Order at: norgrenexpress.com    Email: expressus@norgren.com

ACT-34 1.800.514.0129

In stock
Ships within one week



NFPA SERIES N NON-ROTATING CYLINDERS
1-1/2" to 4" bore size

Bottom Tapped (MS4) Cushioned

Models             Accessories
Bottom Tap
Horizontal Rods
Model number

Bottom Tap
Vertical Rods
Model number

Cylinder
Bore Ø

Stroke
Inches

Port
size
NPT

Straight
Fitting

90º Swivel
Elbow
fitting

Banjo
Flow
Control

Tube
O.D.

Piston
Seal
kit

NC01A-E02-AMCM0 NC01A-N02-AMCM0 1-1/2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC02A-E02-AMCM0 NC02A-N02-AMCM0 1-1/2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC03A-E02-AMCM0 NC03A-N02-AMCM0 1-1/2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC04A-E02-AMCM0 NC04A-N02-AMCM0 1-1/2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC05A-E02-AMCM0 NC05A-N02-AMCM0 1-1/2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC06A-E02-AMCM0 NC06A-N02-AMCM0 1-1/2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC08A-E02-AMCM0 NC08A-N02-AMCM0 1-1/2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC10A-E02-AMCM0 NC10A-N02-AMCM0 1-1/2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC12A-E02-AMCM0 NC12A-N02-AMCM0 1-1/2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03

ND01A-E02-AMCM0 ND01A-N02-AMCM0 2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND02A-E02-AMCM0 ND02A-N02-AMCM0 2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND03A-E02-AMCM0 ND03A-N02-AMCM0 2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND04A-E02-AMCM0 ND04A-N02-AMCM0 2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND05A-E02-AMCM0 ND05A-N02-AMCM0 2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND06A-E02-AMCM0 ND06A-N02-AMCM0 2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND08A-E02-AMCM0 ND08A-N02-AMCM0 2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND10A-E02-AMCM0 ND10A-N02-AMCM0 2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND12A-E02-AMCM0 ND12A-N02-AMCM0 2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04

NE01A-E02-AMCM0 NE01A-N02-AMCM0 2-1/2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE02A-E02-AMCM0 NE02A-N02-AMCM0 2-1/2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE03A-E02-AMCM0 NE03A-N02-AMCM0 2-1/2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE04A-E02-AMCM0 NE04A-N02-AMCM0 2-1/2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE05A-E02-AMCM0 NE05A-N02-AMCM0 2-1/2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE06A-E02-AMCM0 NE06A-N02-AMCM0 2-1/2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE08A-E02-AMCM0 NE08A-N02-AMCM0 2-1/2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE10A-E02-AMCM0 NE10A-N02-AMCM0 2-1/2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE12A-E02-AMCM0 NE12A-N02-AMCM0 2-1/2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05

NF01A-E02-AMCM0 NF01A-N02-AMCM0 3-1/4 1 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF02A-E02-AMCM0 NF02A-N02-AMCM0 3-1/4 2 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF03A-E02-AMCM0 NF03A-N02-AMCM0 3-1/4 3 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF04A-E02-AMCM0 NF04A-N02-AMCM0 3-1/4 4 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF05A-E02-AMCM0 NF05A-N02-AMCM0 3-1/4 5 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF06A-E02-AMCM0 NF06A-N02-AMCM0 3-1/4 6 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF08A-E02-AMCM0 NF08A-N02-AMCM0 3-1/4 8 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF10A-E02-AMCM0 NF10A-N02-AMCM0 3-1/4 10 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF12A-E02-AMCM0 NF12A-N02-AMCM0 3-1/4 12 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065

NG01A-E02-AMCM0 NG01A-N02-AMCM0 4 1 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG02A-E02-AMCM0 NG02A-N02-AMCM0 4 2 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG03A-E02-AMCM0 NG03A-N02-AMCM0 4 3 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG04A-E02-AMCM0 NG04A-N02-AMCM0 4 4 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG05A-E02-AMCM0 NG05A-N02-AMCM0 4 5 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG06A-E02-AMCM0 NG06A-N02-AMCM0 4 6 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG08A-E02-AMCM0 NG08A-N02-AMCM0 4 8 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG10A-E02-AMCM0 NG10A-N02-AMCM0 4 10 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG12A-E02-AMCM0 NG12A-N02-AMCM0 4 12 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08

Dimensions in inches
Bore NT SN TK TN XT
1-1/2” 1/4 – 20 2.25 0.375 0.625 2.812
2” 5/16–18 2.25 0.375 0.875 2.812
2-1/2” 3/8 – 16 2.375 0.625 1.25 3.063
3-1/4” 1/2 – 13 2.625 0.625 1.5 3.437
4” 1/2 – 13 2.625 0.75 2.063 3.437 TN SN + StrokeXT

NT Tap
TK Deep
4 Places
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AVAILABILITY – SPEED – EXPERTISE
Order at: norgrenexpress.com    Email: expressus@norgren.com

ACT-351.800.514.0129

In stock
Ships within one week



NFPA SERIES N NON-ROTATING CYLINDERS
1-1/2" to 4" bore size

Front Flange (MF1) Cushioned

Models              Accessories
Bottom Tap
Horizontal Rods
Model number

Bottom Tap
Vertical Rods
Model number

Cylinder
Bore Ø

Stroke
Inches

Port
size
NPT

Straight
Fitting

90º Swivel
Elbow
fitting

Banjo
Flow
Control

Tube
O.D.

Piston
Seal
kit

NC01A-E04-AMCM0 NC01A-N04-AMCM0 1-1/2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC02A-E04-AMCM0 NC02A-N04-AMCM0 1-1/2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC03A-E04-AMCM0 NC03A-N04-AMCM0 1-1/2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC04A-E04-AMCM0 NC04A-N04-AMCM0 1-1/2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC05A-E04-AMCM0 NC05A-N04-AMCM0 1-1/2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC06A-E04-AMCM0 NC06A-N04-AMCM0 1-1/2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC08A-E04-AMCM0 NC08A-N04-AMCM0 1-1/2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC10A-E04-AMCM0 NC10A-N04-AMCM0 1-1/2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC12A-E04-AMCM0 NC12A-N04-AMCM0 1-1/2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03

ND01A-E04-AMCM0 ND01A-N04-AMCM0 2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND02A-E04-AMCM0 ND02A-N04-AMCM0 2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND03A-E04-AMCM0 ND03A-N04-AMCM0 2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND04A-E04-AMCM0 ND04A-N04-AMCM0 2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND05A-E04-AMCM0 ND05A-N04-AMCM0 2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND06A-E04-AMCM0 ND06A-N04-AMCM0 2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND08A-E04-AMCM0 ND08A-N04-AMCM0 2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND10A-E04-AMCM0 ND10A-N04-AMCM0 2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND12A-E04-AMCM0 ND12A-N04-AMCM0 2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04

NE01A-E04-AMCM0 NE01A-N04-AMCM0 2-1/2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE02A-E04-AMCM0 NE02A-N04-AMCM0 2-1/2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE03A-E04-AMCM0 NE03A-N04-AMCM0 2-1/2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE04A-E04-AMCM0 NE04A-N04-AMCM0 2-1/2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE05A-E04-AMCM0 NE05A-N04-AMCM0 2-1/2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE06A-E04-AMCM0 NE06A-N04-AMCM0 2-1/2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE08A-E04-AMCM0 NE08A-N04-AMCM0 2-1/2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE10A-E04-AMCM0 NE10A-N04-AMCM0 2-1/2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE12A-E04-AMCM0 NE12A-N04-AMCM0 2-1/2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05

NF01A-E04-AMCM0 NF01A-N04-AMCM0 3-1/4 1 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF02A-E04-AMCM0 NF02A-N04-AMCM0 3-1/4 2 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF03A-E04-AMCM0 NF03A-N04-AMCM0 3-1/4 3 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF04A-E04-AMCM0 NF04A-N04-AMCM0 3-1/4 4 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF05A-E04-AMCM0 NF05A-N04-AMCM0 3-1/4 5 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF06A-E04-AMCM0 NF06A-N04-AMCM0 3-1/4 6 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF08A-E04-AMCM0 NF08A-N04-AMCM0 3-1/4 8 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF10A-E04-AMCM0 NF10A-N04-AMCM0 3-1/4 10 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF12A-E04-AMCM0 NF12A-N04-AMCM0 3-1/4 12 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065

NG01A-E04-AMCM0 NG01A-N04-AMCM0 4 1 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG02A-E04-AMCM0 NG02A-N04-AMCM0 4 2 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG03A-E04-AMCM0 NG03A-N04-AMCM0 4 3 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG04A-E04-AMCM0 NG04A-N04-AMCM0 4 4 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG05A-E04-AMCM0 NG05A-N04-AMCM0 4 5 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG06A-E04-AMCM0 NG06A-N04-AMCM0 4 6 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG08A-E04-AMCM0 NG08A-N04-AMCM0 4 8 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG10A-E04-AMCM0 NG10A-N04-AMCM0 4 10 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG12A-E04-AMCM0 NG12A-N04-AMCM0 4 12 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08

Dimensions in inches
Bore C FB FH R TF UF W
1-1/2” 0.875 0.312 0.375 1.43 2.75 3.75 1.5
2” 0.75 0.375 0.375 1.84 3.375 4.125 1.5
2-1/2” 1 0.375 0.375 2.19 3.875 4.625 1.75
3-1/4” 0.5 0.437 0.625 2.76 4.688 5.5 1.75
4” 0.5 0.437 0.625 3.32 5.437 6.25 1.75

R
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FH

LB + Stroke

FB Holes
4 Places
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AVAILABILITY – SPEED – EXPERTISE
Order at: norgrenexpress.com    Email: expressus@norgren.com

ACT-36 1.800.514.0129

In stock
Ships within one week



NFPA SERIES N NON-ROTATING CYLINDERS
1-1/2" to 4" bore size

XD + Stroke

FL M

L CD

CBCW CW

Detachable Clevis (MP2)

Models              Accessories
Bottom Tap
Horizontal Rods
Model number

Bottom Tap
Vertical Rods
Model number

Cylinder
Bore Ø

Stroke
Inches

Port
size
NPT

Straight
Fitting

90º Swivel
Elbow
fitting

Banjo
Flow
Control

Tube
O.D.

Piston
Seal
kit

NC01A-E07-AMCM0 NC01A-N07-AMCM0 1-1/2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC02A-E07-AMCM0 NC02A-N07-AMCM0 1-1/2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC03A-E07-AMCM0 NC03A-N07-AMCM0 1-1/2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC04A-E07-AMCM0 NC04A-N07-AMCM0 1-1/2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC05A-E07-AMCM0 NC05A-N07-AMCM0 1-1/2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC06A-E07-AMCM0 NC06A-N07-AMCM0 1-1/2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC08A-E07-AMCM0 NC08A-N07-AMCM0 1-1/2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC10A-E07-AMCM0 NC10A-N07-AMCM0 1-1/2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03
NC12A-E07-AMCM0 NC12A-N07-AMCM0 1-1/2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-03

ND01A-E07-AMCM0 ND01A-N07-AMCM0 2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND02A-E07-AMCM0 ND02A-N07-AMCM0 2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND03A-E07-AMCM0 ND03A-N07-AMCM0 2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND04A-E07-AMCM0 ND04A-N07-AMCM0 2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND05A-E07-AMCM0 ND05A-N07-AMCM0 2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND06A-E07-AMCM0 ND06A-N07-AMCM0 2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND08A-E07-AMCM0 ND08A-N07-AMCM0 2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND10A-E07-AMCM0 ND10A-N07-AMCM0 2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04
ND12A-E07-AMCM0 ND12A-N07-AMCM0 2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-04

NE01A-E07-AMCM0 NE01A-N07-AMCM0 2-1/2 1 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE02A-E07-AMCM0 NE02A-N07-AMCM0 2-1/2 2 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE03A-E07-AMCM0 NE03A-N07-AMCM0 2-1/2 3 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE04A-E07-AMCM0 NE04A-N07-AMCM0 2-1/2 4 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE05A-E07-AMCM0 NE05A-N07-AMCM0 2-1/2 5 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE06A-E07-AMCM0 NE06A-N07-AMCM0 2-1/2 6 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE08A-E07-AMCM0 NE08A-N07-AMCM0 2-1/2 8 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE10A-E07-AMCM0 NE10A-N07-AMCM0 2-1/2 10 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05
NE12A-E07-AMCM0 NE12A-N07-AMCM0 2-1/2 12 1/4 C24250428 C24470428 C2VA00428 1/4 NCSK-05

NF01A-E07-AMCM0 NF01A-N07-AMCM0 3-1/4 1 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF02A-E07-AMCM0 NF02A-N07-AMCM0 3-1/4 2 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF03A-E07-AMCM0 NF03A-N07-AMCM0 3-1/4 3 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF04A-E07-AMCM0 NF04A-N07-AMCM0 3-1/4 4 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF05A-E07-AMCM0 NF05A-N07-AMCM0 3-1/4 5 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF06A-E07-AMCM0 NF06A-N07-AMCM0 3-1/4 6 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF08A-E07-AMCM0 NF08A-N07-AMCM0 3-1/4 8 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF10A-E07-AMCM0 NF10A-N07-AMCM0 3-1/4 10 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065
NF12A-E07-AMCM0 NF12A-N07-AMCM0 3-1/4 12 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-065

NG01A-E07-AMCM0 NG01A-N07-AMCM0 4 1 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG02A-E07-AMCM0 NG02A-N07-AMCM0 4 2 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG03A-E07-AMCM0 NG03A-N07-AMCM0 4 3 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG04A-E07-AMCM0 NG04A-N07-AMCM0 4 4 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG05A-E07-AMCM0 NG05A-N07-AMCM0 4 5 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG06A-E07-AMCM0 NG06A-N07-AMCM0 4 6 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG08A-E07-AMCM0 NG08A-N07-AMCM0 4 8 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG10A-E07-AMCM0 NG10A-N07-AMCM0 4 10 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08
NG12A-E07-AMCM0 NG12A-N07-AMCM0 4 12 3/8 C24250638 C24470638 C2VA00638 3/8 NCSK-08

Dimensions in inches
Bore CB CD CW FL L M XD
1-1/8" 0.375 0.375 0.25 1.125 0.625 0.375 4.875
1-1/2" 0.75 0.5 0.5 1.125 0.75 0.625 6.625
2" 0.75 0.5 0.5 1.125 0.75 0.625 6.625
2-1/2" 0.75 0.5 0.5 1.125 0.75 0.625 7
3-1/4" 1.25 0.75 0.625 1.875 1.25 0.875 8.5

4" 1.25 0.75 0.625 1.875 1.25 0.875 8.5
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AVAILABILITY – SPEED – EXPERTISE
Order at: norgrenexpress.com    Email: expressus@norgren.com

ACT-371.800.514.0129

In stock
Ships within one week


